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Überspannungsschutz für die Daten- und Informationstechnik  
in platzsparender Reihenklemmentechnik

Kompakter Überspannungsschutz mit einer Einbaubreite von nur  
6 mm. Ausgestattet mit Cage Clamp-Anschlusstechnik für eine 
einfache und vibrationssichere Verbindung. Schützt zwei Einzel-
adern mit gemeinsamem Bezugspotential sowie unsymmetrische 
Schnittstellen (DCO SD2 ME ...) oder eine erdpotentialfrei betriebe-
ne Doppelader sowie symmetrische Schnittstellen (DCO SD2 MD...).

• 2-poliger Überspannungs-Ableiter für Signal-Schnittstellen  
der Daten- und Informationstechnik

• Trennfunktion zum Auftrennen der Signalkreise  
für Wartungszwecke

• Maximaler Ableitstoßstrom (8/20 µs): 20 kA
• Einsetzbar nach dem Blitzschutzzonen-Konzept an den  

Schnittstellen 0B bis 2 und höher

Typ Art.-Nr.

DCO SD2 ME 12 917 920

DCO SD2 ME 24 917 921

DCO SD2 ME 48 917 922

DCO SD2 MD 12 917 940

DCO SD2 MD 24 917 941

DCO SD2 MD 48 917 942

DCO SD2 E 12 917 987

DCO SD2 E 24 917 988

DCO SD2 E 48 917 989

DCO SD2 MD HF 5 917 970

DCO SD2 MD EX 24 917 960

Zubehör Art.-Nr.

DCO SD2 Trennmodul Signal Disconnect (Ersatzteil) 917 900

LS 1 50 V DCO Schnellbezeichnungssystem vertikal 917 976

LS 1 50 H DCO Schnellbezeichnungssystem horizontal 917 977

KB 10 DCO RK Kammbrücker 10-fach 919 880

Trennmodul zum Auftrennen des Signal-
kreises für Wartungszwecke

Ableiter für Ex(i)-Anwendungen zum 
Schutz von eigensicheren Messkreisen  
und Bussystemen

Federzugklemmtechnik für einfachen 
Leitungsanschluss und vibrationssichere 
Verbindung

Tragfuß-Rastbefestigung zur Erdung über 
die Hutschiene. Stoßstromtragfähigkeit  
bis 20 kA (8/20 µs)
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DEHNconnect SD2
Terminal block with integrated surge protection 
for isolating signal circuits
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Space-saving terminal blocks for protecting data and information technology 
systems against surges

Compact surge protective device with a width of only 6 mm. Cage 
clamp terminals ensure easy and vibration-proof connection. The 
surge protective device protects two singles lines with common ref-
erence potential as well as unbalanced interfaces (DCO SD2 ME ...) 
or a floating pair as well as balanced interfaces (DCO SD2 MD …).

• Two-pole surge arrester for the signal interfaces of data  
and information systems

• Isolation of signal circuits for maintenance work
• Maximum discharge current (8/20 µs): 20 kA
• For installation in conformity with the lightning protection  

zones concept at the boundaries from 0B to 2

Accessory Part No.

DCO SD2 Disconnection module (spare part) 917 900

LS 1 50 V DCO quick labelling system (vertical imprint) 917 976

LS 1 50 H DCO quick labelling system (horizontal imprint) 917 977

KB 10 DCO RK ten-pole jumper bar 919 880
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Type Part No.

DCO SD2 ME 12 917 920

DCO SD2 ME 24 917 921

DCO SD2 ME 48 917 922

DCO SD2 MD 12 917 940

DCO SD2 MD 24 917 941

DCO SD2 MD 48 917 942

DCO SD2 E 12 917 987

DCO SD2 E 24 917 988

DCO SD2 E 48 917 989

DCO SD2 MD HF 5 917 970

DCO SD2 MD EX 24 917 960

Arrester for Ex(i) applications for protection 
of intrinsically safe measuring circuits and bus 
systems

Spring-loaded connection system for easy and 
vibration-proof conductor connection

The snap-in mechanism at the supporting foot 
allows the arrester to be safely earthed via the 
DIN rail, impulse current carrying capability up 
to 20 kA (8/20 µs)

Disconnection module for isolating the signal 
circuit for maintenance work


